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E Z BLACK C8 :
\ _IEC 61537

basket tray solution for electrical market

Protection systems / Corrosivity category

o
@ @ I3 cctrogavanised /c2  BK8 BLACK C8. High Resistance / ¢4 [[3Y Pregatvanised / c2



— Sy

® Basket tray EZ oy

% & &
LWBT100402 4'x2" (100x60) (2
LWBT100602 6"x2" (150x60) C2
LWBT100802 8"x2" (200x60) C2
LWBT101202 12'x2" (300x60) C2
LWBT101602 16"x2" (400x60) C2
LWBT101802 18"x2" (450x60) C2
LWBT102002 | 20"x2" (500x60) C2
LWBT102402 24'x2" (600x60) £2 C2
LWBT100404 4'x4" (100x100) C2
LWBT100604 6"x4" (150x100) C2
LWBT100804 8'x4" (200x100) 2
LWBT101204 | 12'x4" (300x100) C2
LWBT101604 | 16'x4" (400x100) C2
LWBT101804 | 18'x4" (450x100) C2
LWBT102004 | 20'x4" (500x100) C2
LWBT102404 | 24'x4" (600x100) C2
LWBT100402B 4'x2" (100x60) Ch
LWBT100602B 6'x2" (150x60) Ch
LWBT1008028 8'x2" (200x60) Ch
LWBT101202B | 12'x2" (300x60) Ch
LWBT101602B | 16'x2" (400x60) Ch
LWBT101802B | 18'x2" (450x60) Ch
LWBT102002B | 20"x2" (500x60) Ch
LWBT102402B | 24"x2" (600x60) Ch
LWBT100404B |  4'x4" (100x100) Ch
LWBT100604B | 64" (150x100) Ch
LWBT100804B | 8'x4" (200x100) Ch
LWBT101204B | 12'x4" (300x100) Ch
LWBT101604B | 16"x4" (400x100) Ch
LWBT101804B | 18'x4" (450x100) Ch
LWBT102004B | 20"x4" (500x100) Ch
LWBT102404B | 24"x4" (600x100) Ch

Legend
D Part number Protection System
& Sizes %09 Corrosivity categary

Reinforced joint -l S . —
@Standard basket tray o @ clamp J ‘:/ @ Side joint plate ? @ Bend clip E .

%, & % & % & % &
LWBT100806 | 4'x2 (100x60) 2 LWBTRJC EZ LWBTSJP EZ 2 LWBTBCL EZ ©
LWBT101206 | 62" (150x60) C2 LWBTRJCB BKS [ LWBTSJPB C4 LWBTBCLB BKS [
LWBTIOT606 | 8% (200x60) o, C2
LWBT101806 | 12'x2" (300x60) €2 s, o
LWBT102006 | 16'x2" (400x60) @ Part clamp i @ Universal bracket E'm ;nlversal
LWBT102406 | 182" (45060) = racket g
LWBT1008068 | 4'x2" (100x60) e & e, . &y
LWBT101206B |  6'%2" (150x60) LWBTPC EZ LWBTUB LWBTHUB P62
LWBT1016068 |  8'x2" (200x60) LWBTPCB BKS VA LWBTUBB LWBTMUBB BKS A
LWBT101806B | 122" (300x60)

LWBT1020068 | 16'x2" (400x60) _
LWBT102406B | 18'x2" (45060 o Conduit gland .
| | @ Box Support % @ bracketg m Central hanging
%, & % & % & &
@ Cover * LWBTLBS EZ LWBTCGB EZ LWBTCHMB/MI0 | MB/MI0  EZ (2
LWBTLBSB BKS [ LWBTCGBB BKS [ LwercHme/M1oB | Me/m10 LG CA

%, & &
mgggza; g 823; E; @ Splice plate @ Side Support 60 : @ Suspension hanger "
LWBTCOV08 8'(200) 02
LWBTCOV12 12" (300) PG (2 < & < & <7 &
LWBTCOVS 18 (400) o LWBTSP EZ LWBTSS02 EZ 2 LWBTSH PG 2
LT 20 500) LWBTSPB BKS [ LWBTSS02B BKS [ LWBTSHB BKS [V
LWBTCOV24 24 (600)

LIBTCOVDAB 4,/ f1o0) Click Central - Light duty ceiling & @ Light duty wall
LIBTCOVO6B 6(150) Suspension = @ support support S
LWBTCOVO8B 8" (200)
LWBTCOV128 12 (300) O & % & % &
LWBTCOV168 16 (400) LWBTCCSMS EZ LWBTLDCS EZ LWBTLDWS EZ (2
LWBTCOV20B 20" (500) LWBTCCSMBB BKS ¥ LWBTLDCSB BKS [V LWBTLDWSB BK8 Yl
LWBTCOV248 24 (800)
Stand off bracket i - T
@ Base support 60 mm dlick - m Radius Support | e @ Click divider =
wide o & © & % & & % & &
¢ & LWBTCSOBO4 4(100) 02 LWBTRS02 H2" (50) C2 LWBTCDPO2 s 0
LWBTBS02 EZ LWBTCSOBOS §'(2000 PG (2 LWBTRS04 He'(80) EZ €2 LWBTCDPO4 Hu' (80) C2
LWBTBS02 C4 LWBTCS0BT12 | 12" (300) 2 LWBTRSOS | H6" (150) 2 LWBTCDPO28 | HY' (50) 4




@ Strut Click

Waterfall cable

@ Joint kit

Ly outlet 7’3
%, & G & %, & & &
LWBTCSC HDG c4 LWBTWCO PG LWBTCKMB \ M6 EZ LWBTBC \ 450 mm
v oqe i~ di d Sy %\
@ Fast Click Joint i r’:’ ' @ Ceiling bracket K. m Medium duty t@%‘ > @ Mesh channel ‘*% @ Wire end cap
! cantilever — -
Q & Qo & & Qo & & Qo & & Q
LWBTOCU EZ LWBTOCBO4 4 (100) C2 LWBTMDCO4 4 (100) C2 LWBTMCO4 4 (100) c2 LWBTWEC
- C4 LWBTOCBOG 6" (150) LWBTMDCO6 6" (150) C2 LWBTMCOB 6" (150) c2
LWBTOCBOS 8" (200) LWBTMDCO8 8" (200) C2 LWBTMCO8 8" (200) C2
LWBTOCB12 12" (300) LWBTMDC12 12" (300) PG 2 LWBTMC12 12" (300) PG 2 @ Black
; LWBTOCB16 16" (400) LWBTMDC16 16" (400) €2 LWBTMC16 16" (400) €2
@ Fast Click Base Joint DR LWBTOCBO4B 4 (100) LWBTMDC20 20" (500) LWBTMC20 20" (500) €2 %
LWBTOCBOGB 8 (150) LWBTMDC24 24 (600) LWBTMC24 24 (600) ) LWBTB
G & LWBTOCBO8B 8" (200) LWBTMDCO4B 4 (100) LWBTMCO4B 4 (100) Ch
LWBTOBCU EZ LWBTOCB128 12" (300) LWBTMDCO6B 6" (150) LWBTMCO6B 6" (150) Ch @ Solar ttem
- Ch LWBTOCB16B 16" (400) LWBTMDCO8B 8" (200) LWBTMCO8B 8" (200) Ch
LWBTMDC12B 12" (300) LWBTMC12B 12" (300) Ch
. LWBTMDC16B 16" (400) LWBTMC16B 16" (400) Ch <
@ Ceiling bracket LWBTMDC20B 20" (500) LWBTMC20B 20" (500) Ch
LWBTMDC248 24 (600) LWBTMC24B 24 (600) Ch
%, &
LWBTUV 16" (400) @ Bonding connector
Universal brack lﬂ LWBTPB20 20" (500) @ Data outlet @ Box support ’
@ niversal bracket "\5{" LWBTPB24 24" (600) g &
o & S LWBTUVB 16" (400) iy c Q &, LWBTGST 0.63"-1.38" o
A LWBTPB20B 20" (500) = LWBTDATA LWBTBSU LWBTGS2 1.38"-1.75"
LWBTOUBO & (100 C |werpe2uB 24 (600) Ch LWBTDATAB polypropylene
LWBTOUBOG 6" (150) o c2
LWBTOUB0S 8'(200) C2 ) @ Fixing support @ Bonding connector ‘
LWBTOUB12 12/ (300) C2 @ Universal support k @ Plastic floor foot g
LWBTOUBO04B 4 (100) Ch channel
,, 2 %, Q &
p e = B o sy | oo g
PG LWBTFSB LWBTGS4 197" - 433"
LWBTOUB12B 12" (300) C4 LWBTOC3 3m C2 LWBTPFFB
Earth Continuity
s glack zinc paint @ Identification plate Connector
pray 500 ml ; o &
) Part number Protection System o o LWBTESC] 04T
& Sizes &y Corrosivity category LWBTBZPS LWBTIP LWBTGSC2 0.63" LT




